
Pack Cat. Nos. Ancillary items

Earth cable clamp – copper
Length (L) Csa of cable

(mm) (mm2)

1 CM585387 22 16
1 CM585397 24 35
1 CM585407 26 50

Earth cable clamp – aluminium

1 CM585327

GS Earth terminal supports

1 CM585090
GC

1 CM585093
SS

1 CM585094

Earth cable support

1 CM585080 Supplied in a pack of 100

Multi-fix base plates

For suspension via threaded rod
Also for mounting luminaires
Width (W)

GS (mm)

1 CM585140 100
1 CM585150 150

GC

1 CM585143 100
1 CM585153 150

SS

1 CM585144 100
1 CM585154 150

PVC

1 CM585145 100

Universal conduit 
GS take-off plates

1 CM585410
DC

1 CM585417

Conduit take-off
GS plates – side

1 CM585110
SS

1 CM585114

Switch box take-off plates

To be used with conduit take-off
GS plates – side

1 CM585130
SS

1 CM585134

Pack Cat. Nos. Ancillary items (continued)

Selection chart (p. 68-69)
Dimensions and technical information (p. 87)

Swifts® F31
Fixings and fastenings

Swifts® SW steel wire cable tray
ancillary items
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Terminal box fixing plate
GS

1 CM585120 For side mounting

Universal mounting plates – large

Used to fit 50 to 100 mm width SW tray to 
the wall. Can also be used to mount small 
accessories on the side or base of SW tray

GS Not suitable for 28 mm depth tray
1 CM586130

GC

1 CM586133
SS

1 CM586134

Universal mounting plates – small

Used to fit 50 mm width SW tray to the wall
Can also be used to mount small 
accessories to any width SW tray

GS Not suitable for 28 mm depth tray

1 CM586060
GC

1 CM586063
SS

1 CM586064

Lighting brackets

For suspending lighting
under SW tray

GS For 50 mm tray widths

1 CM585180 Actual width 69 mm

For 100 mm tray widths
GS and above

1 CM585190 Actual width 58 mm

GS Cable dropout plates

1 CM585160
DC

1 CM585167
SS

1 CM585164
ID clips

GS Supplied in a pack of 50

1 CM559137 Neutral
1 CM559147 Orange
1 CM559157 Yellow
1 CM559167 Green
1 CM559177 Blue
1 CM559197 Grey

Croppers

1 CM559507 630 mm length – only for 
EZ, GC
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