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DV-90
ULDV-90

1/2" installation hole

DV-180
ULDV-180

9/16" installation hole

DVC
Door Viewer Cover

Size: 7/8"

SHELF PACK: (DV-90, DV-180, ULDV-90, UDV-180) 10 Polybagged
(DVC) 50

FEATURES: • For doors 1 3/8" to 2" thickness
• DV-90 and DV-180 with plastic lens
• ULDV-90 and ULDV-180 with glass lens are UL rated
• (DVC) Works with all Don-Jo viewers

Mounts to door viewer with no special tools
Works with other door viewers that require a 
max. 9/16" installation hole

FINISHES: 605, 626, (DVC) 605, 626

DOOR VIEWERS

DV-90 160 Degrees L21372
DV-180 180 Degrees L21371

ULDV-90 160 Degrees L23222
ULDV-180 180 Degrees L23221

DVC

NUMBER VIEW DIMENS. ANSI

     

CHAIN GUARD

1607
SHELF PACK: 20 Polybagged
FINISHES: 605, 625, 626

1607 Cast Brass

NUMBER MATERIAL

AP-34
1" x 1" x 1/2" WP-34

1" x 1"

DOOR FLIP GUARDS

SHELF PACK: (1603, 1604) 10     Polybagged
(AP-34, WP-34) 100   

FEATURES: • Black rubber shim available for 1603 and 1604
• AP-34 included with item 1604
• Both models feature Ball Bearing Design

FINISHES: (1603, 1604) 605, 606, 613, 625, 626
(AP-34) 605, 606, 625, 626
(WP-34) 605, 606, 625, 626, Clear

1604 1603

1603 L33042 Aluminum
1604 L13042 Brass
AP-34 – –
WP-34 – –

NUMBER ANSI MATERIAL


