
     

SURFACE BOLTS–UL RATED

1582

1582 8" 1" Stainless Steel

BOLT LENGTHNUMBER MATERIALTHROW

SHELF PACK: 10                         Polybagged
FASTENERS: 6 ea. #10-24 x 1" MS, 6 ea. #10 x 1 1/4" SMS
FEATURES: • 1/4" x 3/4" bolt size

• Furnished with rim and mortise strikes
• Padlock not included

FINISH: 626, 630
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SURFACE BOLTS–UL RATED

1578 8" L84161 Steel
1580 8" L84161 Steel
1581 12" L84161 Steel

BOLT LENGTHNUMBER MATERIALANSI A156.16

1580 (Shown)
& 1581

UL Surface Bolt

1579 8” L84161 Steel

BOLT LENGTHNUMBER MATERIALANSI A156.16

1578
UL Surface Bolt SHELF PACK: 10                         Polybagged

FASTENERS: (1578) 5 ea. #10 x 1" MS, 5 ea. #10 x 1 1/4" SMS, 2 ea. Plastic Anchors
(1580, 1581) 8 ea. #12-24 x 1" MS, 8 ea. #12 x 1 1/4" SMS

FEATURES: • Furnished with Rim and Mortise strikes
• (1580, 1581) 1 1/8 bolt throw, 1/4" x 3/4" size
• (1578) Concealed screw mount

FINISHES: (1578) 626
(1580) 605, 613, 626
(1581) 626

OPTION: Sex bolt available

SURFACE BOLT WITH KEYS

SHELF PACK: 10                         Polybagged
FASTENERS: 
FEATURES: • Locks open or closed with a key

• Consealed screw mount
FINISHES: 626

1579


