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Lever Projection:  Quantum = 3" 
Sutro = 2 7⁄8 " 
Dane = 2 7⁄8 " 
Avalon = 3"
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Control trim
SP28, SP313 and US-32D.

Key locks or unlocks trim. Lever 
retracts latchbolt when trim is 
unlocked. Dane, Quantum and 
Sutro levers return to within 1⁄2”  
of door. 

Key locks or unlocks 
trim. Knob retracts 
latchbolt when trim  
is unlocked.

K-control L-control DT-control NL-control

L-Control-Avalon 
912L

BE
L-DT
NL

L-Control-Quantum 
912L
BE

L-DT

NL 918 DT
Pull when  
dogged.

918NL
Key retracts 
latchbolt.

Cover plates

Centron trim

Key-in-lever

Pull only 917 DT
CTC - 5 1⁄2" round - 3⁄4" dia. 
Pull when dogged.

4167
3 1⁄4" x 15" x .050
Used with TP control & 
DT control
Covers 161 & 86 cutouts

4168
3 1⁄4" x 7 1⁄2" x .050
Used with EO device to 
cover No. 86 cutout for 
mortise lock

4170
3 1⁄4" x 7 1⁄2" x .050
Used with K control, 
DT/K control, L control, 
or DT/L control
Covers 161 & 86 cutouts
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*For type 86 cutout specify 4174 inside cover plate.
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Trident trim
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Pull

9970
Can be used 
with all 
devices.  
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12   •   Allegion   •   Medium duty


