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QuickShip   grades 1 & 2 cylindrical/tubular locks

cylindrical/tubular cylinders

MODeL # DeSCRIPTION
keY

SeCTION
FINISH QuICkSHIP #

APPROx. WeIgHT 
(LBS. eACH)

FOR uSe WITH 4300LN LeVeR LOCkS

1812 6-Pin, keyed Random GA 626 075146 0.2

1812 6-Pin, 0-Bitted GA 626 075145 0.2

1812 6-Pin, keyed Random PARA 626 075150 0.2

1812 6-Pin, 0-Bitted PARA 626 075149 0.2

2812 6-Pin, Schlage®  keyed Random c 626 075153 0.2

2812 6-Pin, Schlage®  0-Bitted c 626 022031 0.2

INTeRCHANgeABLe COReS (LARge FORMAT)

1210 core Only, 6-Pin, 0-Bitted GA 626 001783 0.3

1210 core Only, 6-Pin, 0-Bitted PARA 626 001791 0.0

gRADe 2 & TuBuLAR LATCHBOLTS

378N Plain, 2-3/8" Backset, 1" universal Front — 626 001356 0.2

380N Deadlocking, 2-3/8" Backset, 1" universal Front — 626 001359 0.2

McP238 Plain, 2-3/8" Backset, 1" Square Front — 613 017126 0.2

McP238 Plain, 2-3/8" Backset, 1" Square Front — 626 017125 0.2

McD238 Deadlocking, 2-3/8" Backset, 1" Square Front — 613 017124 0.2

McD238 Deadlocking, 2-3/8" Backset, 1" Square Front — 626 017128 0.2

RLP38A Plain, 2-3/8" Backset, 1" Square Front (for passage functions) — 626 021510 0.2

RLP38 Plain, 2-3/8" Backset, 1" Square Front (for privacy function) — 626 021513 0.2

STRIkeS

497 ANSi Strike, 1-1/4" Lip — 613 001574 0.2

497 ANSi Strike, 1-1/4" Lip — 626 001571 0.2

371 T-Strike, 1-1/4" Lip — 613 017957 0.1

371 T-Strike, 1-1/4" Lip — 626 001353 0.1

70S Full Lip, Square corner — 613 017960 0.1

70S Full Lip, Square corner — 626 001348 0.1

71S Full Lip, Round corner — 613 021511 0.1

71S Full Lip, Round corner — 626 021512 0.1

MISCeLLANeOuS

10c Fire cup for uL Rating — — 075074 0.1

301 Dust Box for 2-3/4" Strike — — 075122 0.1

302 Dust Box for 2-1/4" Strike — — 075123 0.1

107S Schlage® Tailpiece kit — — 001892 0.3

108S Schlage® Adaptor kit — — 001891 0.3

202 Strike Box — — 001772 0.2

9053 cylinder Sleeve — — 001560 0.5

5400LN Spacer kit for 1-3/8" Door (2 Rings) — 693 001661 0.5

Note: Yale reserves the right to limit quantities


