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Program Options 28-6500 Line x  
Functions Rose Lever Finishes

1-Week & 
2-Week

 KD, SC, 20, LC 28-65G04, 28-65G05, 
28-65U15*, 28-65G37,
28-65U65*, 65U93*, 
65U94*

K L 03, 04, 
10B,  
26, 26D

Cylinder Options

KD Keyed Different (LA Keyway Only) 
SC Schlage "C" Keyway  
LC Less Cylinder

Mechanical Options

20 for 2-3/8" Backset 
      (160 prep)

Functions

28-65G04  Storeroom
28-65G05  Office
28-65U15* Passage
28-65G37  Classroom
28-65U65* Bathroom/Privacy
65U93*  Single Lever Pulls
65U94*  Double Lever Pulls

Finishes

03 Bright Brass
04 Dull Brass  
10B Oxidized Dull Bronze 
26 Bright Chrome  
26D Satin Chrome

A standard duty key-in-lever 
lock designed to exceed the 
requirements of ANSI/BHMA  
A156 .2 Series 4000 Grade 2 .

L Lever

K Rose

Bored Locks
6500 Line

* Cylinder options are not available


