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CRL OVERHEAD CONCEALED DOOR CLOSERS For Pricing Visit crlaurence.com or Call Us Toll Free
at the Phone Numbers Shown on the Back Cover

Side-Load "S" Package Side-Load "GE" Package
• Floor Mount Pivot for 1-1/2" (38 mm)
Deep Bottom Rail

• Side-Load Arm for 1/2" (13 mm) Deep Top Rail

• Threshold Mount Pivot for 1-1/2" (38 mm) 
Deep Bottom Rail

• Side-Load Arm for 1/2" (13 mm) Deep Top Rail

CRL Jackson Overhead Concealed Door
Closer Side-Load Arm Packages

These Jackson Overhead Concealed Door Closers feature dual valves
to control closing and latching speeds. 90 and 105 Degree Hold Open
and No Hold Open models are available.  Door Closers fit into standard
1-3/4" x 4" (45 x 102 mm), or larger, header extrusions. NOTE: Packages
shown represent only the most popular combinations currently used.
Other Closer types, packages, spring sizes and spindle lengths are
available. See "How to Order" on page D326.

• Suitable for Doors From 30" to 48" (762 to 1219 mm) Wide
• Choose Adjustable Spring Power Size 1 to 4 to Meet A.D.A.
Opening Force Requirements

• 5 Year Limited Warranty

crlaurence.com

Side-Load "BE" Package Side-Load "U" Package
• Threshold Mount Pivot for 1" (25 mm)
Deep Bottom Rail

• Side-Load Arm for 1/2" (13 mm) Deep Top Rail

• Threshold Mount Pivot for 1-1/2" (38 mm) 
Deep Bottom Rail

• Side-Load Arm for 1/2" (13 mm) Deep Top Rail

CONTENTS:

#20330    Closer Body
#20219    Brackets
#20400B  Side-Load Arm
#20902    "G" Pivot

CONTENTS:

#20330    Closer Body
#20219    Brackets
#20400B  Side-Load Arm
#20944    "GE" Pivot

CONTENTS:

#20330    Closer Body
#20219    Brackets
#20400B  Side-Load Arm
#201155   "BE" Pivot

CONTENTS:

#20330    Closer Body
#201380   Brackets
#20400B  Side-Load Arm
#20944    "GE" Pivot

• UL Listed

ADJ. SPRING
CAT. NO.

REG. SPRING
CAT. NO.

HEAVY SPRING
CAT. NO. TYPE

21101S17
21101S18
21101S19
21101S20

21101S01
21101S02
21101S03
21101S04

21101S09
21101S10
21101S11
21101S12

105° No Hold Open
105° Hold Open

90° No Hold Open
90° Hold Open

Minimum order: 1 each.  All Door Closers can be combined for quantity pricing.

ADJ. SPRING
CAT. NO.

REG. SPRING
CAT. NO.

HEAVY SPRING
CAT. NO. TYPE

21101GE17
21101GE18
21101GE19
21101GE20

21101GE01
21101GE02
21101GE03
21101GE04

21101GE09
21101GE10
21101GE11
21101GE12

105° No Hold Open
105° Hold Open

90° No Hold Open
90° Hold Open

Minimum order: 1 each.  All Door Closers can be combined for quantity pricing.

ADJ. SPRING
CAT. NO.

REG. SPRING
CAT. NO.

HEAVY SPRING
CAT. NO. TYPE

21101BE17
21101BE18
21101BE19
21101BE20

21101BE01
21101BE02
21101BE03
21101BE04

21101BE09
21101BE10
21101BE11
21101BE12

105° No Hold Open
105° Hold Open

90° No Hold Open
90° Hold Open

Minimum order: 1 each.  All Door Closers can be combined for quantity pricing.

ADJ. SPRING
CAT. NO.

REG. SPRING
CAT. NO.

HEAVY SPRING
CAT. NO. TYPE

21101U17
21101U18
21101U19
21101U20

21101U01
21101U02
21101U03
21101U04

21101U09
21101U10
21101U11
21101U12

105° No Hold Open
105° Hold Open

90° No Hold Open
90° Hold Open

Minimum order: 1 each.  All Door Closers can be combined for quantity pricing.

Adjustable
Spring
Power

Fixed Spring

http://www.crlaurence.com/crlindex.aspx?return=
http://www.crlaurence.com/apps/sitesearch/search.aspx?query=21101s
http://www.crlaurence.com/apps/sitesearch/search.aspx?query=21101ge
http://www.crlaurence.com/apps/sitesearch/search.aspx?query=21101be
http://www.crlaurence.com/apps/sitesearch/search.aspx?query=21101u
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