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613
U.S. = US10B
Dark Bronze, Oil Rubbed

Push, Pull & Kick Plates
Part# Description / Dimensions / Finish CLK#

BH-70-630 Push / 3-1/2”x15” / US32D cs422332

BH-71-630 Push / 4”x16” / US32D cs422252

BH-7010-630 Pull / *5-1/2”, 3-1/2”x15” / US32D cs422325

BH-7110-630 Pull / *5-1/2”, 4”x16” / US32D cs422249

BH-7116-630 Pull / *8”, 4”x16” / US32D cs422250

BH-10x34-630 Kick Plate / 10”x34”, 0.05 Thickness / US32D cs422226

BH-8x34-630 Kick Plate / 8”x34”, 0.05 Thickness / US32D cs422256

BH-70-628 Push / 3-1/2”x15” / US28 cs422248

BH-71-628 Push / 4”x16” / US28 cs422251

BH-7010-628 Pull / *5-1/8”, 3-1/2”x15” / US28 cs422247

BH-70-613 Push / 3-1/2”x15” / US10B cs422331

BH-7010-613 Pull / 5-1/2”, 3-1/2”x15” / US10B cs422324

BH-70-605 Push / 3-1/2”x15” / US3 cs422329

BH-7010-605 Pull / 5-1/8”, 3-1/2”x15” / US3 cs422323

 * center to center 

Hole Filler Plates
Part# Description / Dimensions / Finish CLK#

BH-AR-335-630 3-1/2” dia., allows for use of levers on 1-3/8” door / US32D cs422262

BH-AR-335-613 3-1/2” dia., allows for use of levers on 1-3/8” door / US10B cs422261

BH-BF-135-PC Covers up to a 3-3/4” dia. / PC cs422263

BH-BF-161-BP Covers up to a 2-1/8” dia. / BP cs422264

BH-BF-161-PC Covers up to a 2-1/8” dia. / PC cs422265

BH-BF-161-SL Covers up to a 2-1/8” dia. / SL cs422266

BH-BF-178-PC Covers up to a 1-1/2” dia. / PC cs422267

BH-BF-178-SL Covers up to a 1-1/2” dia. / SL cs422268

BH-PDF-161-PC Covers up to 2-1/8” hole under rim panic device / PC cs422322

Builders Hardware

Pull Plate 
BH-7010

Push Plate 
BH-71

Kick Plate 
BH-10x34

628
U.S. = US28
Aluminum

605
U.S. = US3
Bright Brass

Finishes:

630
U.S. = US32D
Satin Stainless Steel

BH-AR-335

BH-BF-178 BH-PDF-161

BH-BF-135

BH-BF-161

BP = Brass Plated

PC = Prime Coat

SL = Silver


