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Nomenclature	–	how	to	order
CD
CX
EL
HD-EL
QEL
HH
LD
LX
LX-LC
LX-RX
LX-RX-LC
PL
PN
RX
RX-LC
RX2
SS 
AX
WP-RX

Cylinder dogging - panic only
Chexit delayed egress
Electric latch retraction
Electric latch retraction with hex dogging 
Quiet electric latch
Hurricane
Less dogging
Latchbolt monitoring
Latch bolt monitor low current
Latchbolt monitor / request to exit
Latchbolt monitor / request to exit low current
Pullman latch
Pneumatic
Request to exit
Request to exit low current
Request to exit double switch
Signal switch
Accessible device
Waterproof request to exit

EL 33 27A -L -16 -F LBR 3' US3 RHR

35A
33A

Series 35A-smooth
Series 33A-grooved

A
27A
47A
48A
49A

Rim device
Surface mounted vertical rod device
Concealed vertical rod device
Concealed vertical rod device
Concealed vertical cable device

DT
EO
L
L-BE
L-DT
L-NL
NL
NL-OP
T
TL
T-BE
TL-BE

Dummy trim
Exit only
Lever (classroom)
Lever-blank escutcheon (passage)
Lever-dummy trim
Rigid Lever - Night latch (key retracts latchbolt)
Night latch (key retracts latchbolt)
Night latch cylinder assembly – optional pull
Thumbturn
Turn Lever
Thumbturn-blank escutcheon
Turn Lever-blank escutcheon (Passage)

XX
Lever Style 06 standard
Optional 01, 02, 02KN, 03, 03KN, 05, 06KN, 
07, 12 (handed), 16, 17, 17KN, 18, ACC, AST, 
MER, STA

F Fire Exit Device - Rim, 27A, 47A, 48A, 49A Only

LBR
LBL
ALK
ALK-AR1
ALK-AR3
ALK-AR6 
CON

Less Bottom Rod
Less Bottom Latch
Standard Alarm Kit
Auto-Reset 1 1/2 minute alarm kit
Auto-Reset 3 minute alarm kit
Auto-Reset 4 1/2₂ minute alarm kit 
Allegion Connect

2'
3'
4'

2' Device (2' Door Size) 27A, 47A or 49A only
3' Device (2' 4"– 3' Door Size)
4' Device (2' 10"– 4' Door size)

Finishes US3, US4, US10, US15 (35A only), US26, 
US26D, US26D-AM, US28, 313, 315

HR Handing – RHR or LHR
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Notes

Thumbturn-blank 
escutcheon always 
operable (no cylinder)

Lever 
key locks and unlocks

Lever blank escutcheon 
always operable 
(no cylinder)

Thumbturn 
key locks and unlocks 
(behind C/Case)

Thumbturn always 
operable (no cylinder) 
(behind C/Case)

Product description 3327A-TL-BE-F 
3527A-TL-BE-F

3327A-L-F 
3527A-L-F

3327A-L-BE-F
3527A-L-BE-F

3327A-T-F
3527A-T-F

3327A-T-BE-F 
3527A-T-BE-F

Trim description 374T-BE x 386 360L 360L-BE 360T 360T-BE
Base size 7 1/2" x 1 11/16" x 7/8"

(190x43x22mm)
7 1/2" x 1 11/16" x 7/8"
(190x43x22mm)

7 1/2" x 1 11/16" x 7/8"
(190x43x22mm)

7 1/2" x 1 11/16" x 7/8"
(190x43x22mm)

7 1/2" x 1 11/16" x 7/8"
(190x43x22mm)

Grip size 8 1/2" x 4 5/16"
(216x110mm)

— — — —

Projection 27/16"
(62mm)

3" 
(76mm)

3" 
(76mm)

113/16"
(46mm)

113/16"
(46mm)

ANSI function
—

08 or 09 field 
selectable

—
11 or 12 field 
selectable

—

Cylinder type — 1 1/4" Mortise — 1 1/4" Mortise —

Handing — Handed/Reversible Handed/Reversible — —

Optional Trim 
x 392-6 — E360L-BE — E360T-BE

Note: 360L & 360T used on Wood Door require the 33A-WDA cover plate 374T used on Wood Door require #10-WDA cover plate

Standard trim

Exit only 
no outside trim

Dummy trim 
pull when dogged  
(not recommended for  
fire device)

Night latch 
key retracts 
latchbolt

Night latch 
key retracts latchbolt 
optional pull required

Thumbturn 
key locks & unlocks

Product description 3327A-EO-F 
3527A-EO-F

3327A-DT-F
3527A-DT-F

3327A-NL-F
3527A-NL-F

3327A-NL-OP-F 
3527A-NL-OP-F

3327A-TL-F 
3527A-TL-F

Trim description — 386DT 386NL 388 374T x 386
Base size

—
7 15/32" x 1 5/8" 
(190x41mm)

7 15/32" x 1 5/8" 
(190x41mm)

7 15/32" x 1 11/16" 
(190x43mm)

7 1/2" x 1 11/16" x 7/8" 
(190x43mmx22mm)

Grip size
—

8 1/2" x 4 5/16" 
(216x110mm)

8 1/2" x 4 5/16" 
(216x110mm)

—
8 1/2" x 4 5/16" 
(216x110mm)

Projection — 2  7/16" (62mm) 2  7/16" (62mm) 1" (25mm) 1 13/16" (46mm)

ANSI function 01 02 03 03 11-12 field selectable
Cylinder type — — Rim Rim 1 1/4" Mortise

Handing — — Handed — —

Optional trim 
—

x 360L-DT 
x 550DT 
x IVES 8190

—
x 550DT 
x IVES 8190 10"

x 392-6

EO

TL-BE L L-BE T T-BE

DT NL NL-OP TL


