
SPECIFICATION DETAILS ROFU
®
 MODEL 9200

Narrow Size Cover Plate 1 5/8" x 4 3/4" (Specify US28 or US40)

Part # Description Mode Rating Function
9220 Key Switch Momentary   10A/250V-15A/125V    SPDT
9221 Key Switch w/LED Momentary   10A/250V-15A/125V    SPDT
9222 Key Switch Time Delay    10A/250V-15A/125V     SPDT
9230 Key Switch Maintained    10A/250V-15A/125V     SPDT
9231 Key Switch w/LED Maintaine      10A/250V-15A/125V     SPDT

Standard Size Cover Plate 3" x 4 3/4" (Specify US28 or US40)

Part # Description Mode Rating Function
9200 Key Switch Momentary  10A/250V-15A/125V         SPDT
9200-2 2 Key Switches (1 Plate) Momentary  10A/250V-15A/125V       SPDT
9201 Key Switch w/LED Momentary  10A/250V-15A/125V      SPDT
9202 Key Switch Time Delay   10A/250V-15A/125V       SPDT
9210 Key Switch Maintained   10A/250V-15A/125V      SPDT
9211 Key Switch w/LED Maintained   10A/250V-15A/125V      SPDT

Optional Parts

Part # Description
9969 Pneumatic Time Delay
9970 Switch only - Momentary   Rating: 10A/250V-15A/125V
9971 Switch only - Maintained   Rating: 10A/250V-15A/125V
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