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Accessories

Angle Brackets
For narrow aluminum frames or center-hung single-acting doors, when 
inadequate space is left for mounting.
• Available in Brushed Anodized Aluminum (28) or Brushed Anodized Dark Bronze 

(40). Please specify when ordering.

Model Dimensions Finish Compatible With
AB-01 1"H x 1"W x 10-1/2"L 28/40 8310
AB-02 1-1/2"H x 1"W x 10-1/2"L 28/40 8310
AB-03 1-1/2"H x 1-1/4"W x 10-1/2"L 28/40 8310
AB-20 1"H x 1"W x 21"L 28/40 8320
AB-21 1-1/2"H x 1"W x 21"L 28/40 8320
AB-22 1-1/2"H x 1-1/4"W x 21"L 28/40 8320
AB-710 1"H x 1"W x 9-3/8"L 28/40 8371
AB-711 1-1/2"H x 1"W x 9-3/8"L 28/40 8371  
AB-712 1-1/2"H x 1-1/2"W x 9-3/8"L 28/40 8371  
AB-713 1-1/2"H x 2"W x 9-3/8"L 28/40 8371  
AB-720 1"H x 1"W x 18-3/4"L 28/40 8372  
AB-721 1-1/2"H x 1"W x 18-3/4"L 28/40 8372  
AB-722 1-1/2"H x 1-1/2"W x 18-3/4"L 28/40 8372  
AB-723 1-1/2"H x 2"W x 18-3/4"L 28/40 8372  

Armature Bolts

Model Dimensions Description 
Compatible With: 8310, 8310-IQ, DE8310, EW8310, 8371, 8380
ARMB155 2-1/8" (55mm) For doors 1-3/4"-2-1/4" (44-57mm) thick
ARMB170 2-3/4" (70mm) For doors 2-1/4"-2-3/4" (57-70mm) thick
ARMB180 3-1/8" (80mm) For doors 2-1/2"-3" (70-76mm) thick
Compatible With: 8320, 8320-IQ, 8372
ARMB255 2-1/8" (55mm) For doors 1-3/4"-2-1/4" (44-57mm) thick
ARMB270 2-3/4" (70mm) For doors 2-1/4"-2-3/4" (57-70mm) thick
ARMB280 3-1/8" (80mm) For doors 2-1/2"-3" (70-76mm) thick

Armature Plates

Model Dimensions Finish Compatible With
AP01 3/8" (9.5mm) Steel 8310, 8320, 8380
AP02 5/8" (16mm) Steel 8310, 8320, 8380
AP03 3/8" (9.5mm) Steel 8360, 8371, 8372
AP04 5/16" (8mm) Steel 8365, 8375
AP20 3/8" (9.5mm) Steel 8310xDSS, 8320xDSS
AP21 5/8" (16mm) Steel 8310xDSS, 8320xDSS
AP03D 3/8" (9.5mm) Steel 8371xDSS, 8372xDSS

Armature Plate Holders
• Available in Brushed Anodized Aluminum (28) or Brushed Anodized Dark Bronze 

(40). Please specify when ordering.

Model Description Finish Compatible With
AH10 8310 armature plate holder 28/40 8310
AH15 8310xDSS armature plate holder 28/40 8310xDSS
AH20 8320 armature plate holder 28/40 8320
AH25 8320xDSS armature plate holder 28/40 8320xDSS
AH71 8371 armature plate holder 28/40 8371
AH72 8372 armature plate holder 28/40 8372
AH75 8375 armature plate holder 28/40 8375

Conduit Mounting Bracket
Used anywhere surface-mounted conduit is required to run wires to the face of 
the magnetic lock.

Model Dimensions Finish Compatible With
CMB108 1"D x 2-11/64"H x 10-9/16"L 28 8310

DSS Retrofit Kits
If a door status sensor is desired after magnet has been installed, it can easily be 
added on site.
• Kit includes both Brushed Anodized Aluminum (28) and Brushed Anodized Dark 

Bronze (40) cover plate screws.

Model Description Finish Compatible With
DSR01 3/8" (9.5mm) Steel 8310
DSR02 5/8" (16mm) Standard Steel 8310
DSR03 3/8" (9.5mm) Steel 8320
DSR04 5/8"(16mm) Standard Steel 8320

Note: Accessories may impact holding force.




