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Specifications

CS-64 CS-154 CS-304

Rated Input (100V line) 6W 15W 30W

Rated Impedance
100V line: 1.7kΩ, 3.3kΩ, 10kΩ
70V line: 830Ω, 1.7kΩ, 3.3kΩ, 10kΩ

100V line: 670Ω, 1kΩ, 2kΩ
70V line: 330Ω, 670Ω, 1kΩ, 2kΩ

100V line: 330Ω, 500Ω, 1kΩ
70V line: 170Ω, 330Ω, 500Ω, 1kΩ

Sensitivity (1W, 1m) 96 dB 97 dB 98 dB

Frequency Response 130 – 13.000 Hz 150 – 15.000 Hz 120 – 15.000 Hz

Speaker Component 12cm cone-type (Treated for splash proof) 12cm cone-type

Finish
Horn, cover: ABS resin, off-white, paint; Bracket: Stainless steel
Punched net: Surface treated steel plate, dark-gray, powder coating

Horn, cover: ABS resin, off-white, paint
Bracket: Stainless steel/Net: Aluminium, gray

Dimensions
233 (W) x 224 (H) x 208 (D) mm
9.2 (W) x 8.8 (H) x 8.2 (D) in

366 (W) x 230 (H) x 272 (D) mm
14.4 (W) x 9.1 (H) x 10.7 (D) in

Weight 1.5kg (3.3lbs) 2.8kg (6.2lbs) 3.1kg (6.8lbs)

Dust/Water Protection Equivalent to IPX4 IP65

Specifications

SC-610 SC-610T SC-615 SC-615T SC-630 SC-630TU* SC-651

Rated Input 
(100V line)

10W 15W 30W (8Ω) 30W 50W

Rated Impedance 8Ω
70V line: 500Ω, 1kΩ, 
2kΩ, 3.3kΩ, 10kΩ

8Ω
70V line: 330Ω, 670Ω, 
1kΩ, 2kΩ, 3.3kΩ

8Ω
70V line: 170Ω, 330Ω, 
670Ω, 1kΩ, 2kΩ

16Ω

Sensitivity (1W, 1m) 110 dB 112 dB 113 dB 109 dB

Frequency Response 315 – 12,500 Hz 280 – 12,500 Hz 250 – 10.000 Hz 250 – 6,000 Hz

Finish Horn flare: Aluminum, off-white, powder coating/Reflector horn: ABS resin, off-white/Bracket holder: Aluminum, gray, powder coating/Bracket: Stainless steel

Dimensions
172 (W) x 161 (H) x 188 (D) mm

6.8 (W) x 6.3 (H) x 7.4 (D) in
222 (W) x 179 (H) x 234 (D) mm

8.8 (W) x 7 (H) x 9.2 (D) in
285 (W) x 227 (H) x 277 (D) mm
11.2 (W) x 8.9 (H) x 10.9 (D) in

430 (W) x 297.5 (H) x 
327 (D) mm   
(16.9 (W) x 11.7 (H) x 
12.9 (D) in)

Weight 1kg (2.2lbs) 1.2kg (2.6lbs) 1.1kg (2.4lbs) 1.3kg (2.9lbs) 1.7kg (3.7lbs) 2kg (4.4lbs) 3.4kg (7.5lbs)

Dust/Water Protection IP65

Operating Temperature -20°C to +55°C

SC-610
SC-610T

SC-615
SC-615T

SC-630
SC-630TU*

SC-651

CS-64
CS-64U* 

 • Wide-range paging speaker for paging, background music 
and tone signaling distribution
 • Exponential horn improves directivity characteristics and 
ensure uniform and clear sound dispersion
 • Weatherproof polyurethane resin paint and impact-proof 
lightweight ABS resin enclosure
 • Stainless steel hardware protects the speaker from corrosion
 • *UL 1480 UEAY listed

CS-154 /CS-154U*
CS-304 /CS-304U* 

 • Wide-range speaker for paging, background music and tone signaling distribution
 • Constant directivity horn improves directivity characteristics and ensure uniform 
and clear sound dispersion
 • High sensitivity: up to 98 dB (1W/1m)IP65 certified weatherproof construction
 • Weatherproof polyurethane resin paint and impact-proof lightweight ABS resin 
enclosure
 • Stainless steel hardware protects the speaker from corrosion
 • *UL 1480 UEAY listed

 • Both high-impedance (70V/100V lines) models and low impedance (8Ω & 16Ω) models available
 • Stainless steel brackets and hardware (screws, bolts), and powder-coated horn ensure superb weatherproofing and corrosion-resistance
 • Shock-resistant aluminum oval horn
 • IP65 certified weatherproof construction
 • *UL 1480 UUMW version

Wide Range Horn Speakers

Paging Horn Speakers

vPole Mount Bracket
SP-131

vPole Band
YS-60B

vSwivel Mount Bracket
YS-151S

vWall and Pole Mount Bracket
SP-201

Horn Speakers Optional Accessories




