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TITLE

S**SSHD* NET-ACCESS S-TYPE CABINET
FAMILY 600/700mm WIDE SOLID SINGLE

HINGE DOOR
CUSTOMER DRAWING

ITEM REVISION NAME

DATASET FILE NAME

MATERIAL:

N/A
DRAWING NUMBER:

THIRD ANGLE
PROJECTION 13V398WN-DC

DRAWN BY DATE CHK SCALE SIZE

ROJC 5-29-14 NONE SHT 1 OF 2 AREV DATE BY CHK APR DESCRIPTION ECN

 1. VISIT OUR ON-LINE CATALOG AT
    WWW.PANDUIT.COM FOR A LIST OF
    CURRENT PARTS APPLICABLE FOR
    USE WITH THIS PRODUCT.
 2. PARTS SUPPLIED:
    1- SINGLE HINGE DOOR ASSEMBLY
    2- REAR DOOR FEMALE HINGES
    2- BUTTON HEAD TORX SCREWS
    2- TRILOBULAR TORX SCREWS    
    1- DOOR CAM LOCK BRACKET
    1- INSTRUCTION SHEET
 3. PRIMARY DIMENSIONS ARE IN
    MILLIMETERS.
 4. * DENOTES COLOR - ADD SUFFIX "B" 
    FOR BLACK, "W" FOR WHITE, AND
    "G" FOR GRAY. FRONTREAR

ROJC5-29-1401A

PANDUIT P/N DESCRIPTION WEIGHT

S62SSHD* S-TYPE 600mm X 42 RU SOLID SINGLE
HINGE DOOR

26.76 Kg/EACH  
 [59.0 LBS/EACH]

S65SSHD* S-TYPE 600mm X 45 RU SOLID SINGLE
HINGE DOOR

28.12 Kg/EACH  
 [62.0 LBS/EACH]

S68SSHD* S-TYPE 600mm X 48 RU SOLID SINGLE
HINGE DOOR

29.48 Kg/EACH  
 [65.0 LBS/EACH]

S61SSHD* S-TYPE 600mm X 51 RU SOLID SINGLE
HINGE DOOR

30.84 Kg/EACH  
 [68.0 LBS/EACH]

S72SSHD* S-TYPE 700mm X 42 RU SOLID SINGLE
HINGE DOOR

28.12 Kg/EACH  
 [62.0 LBS/EACH]

S75SSHD* S-TYPE 700mm X 45 RU SOLID SINGLE
HINGE DOOR

29.48 Kg/EACH  
 [65.0 LBS/EACH]

S78SSHD* S-TYPE 700mm X 48 RU SOLID SINGLE
HINGE DOOR

30.84 Kg/EACH  
 [68.0 LBS/EACH]

S71SSHD* S-TYPE 700mm X 51 RU SOLID SINGLE
HINGE DOOR

32.20 Kg/EACH  
 [71.0 LBS/EACH]

ROJC TCN
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SIDEFRONT

* DENOTES COLOR
"B" = BLACK, "W" = WHITE, "G" = GRAY

22.5

.89

DIM "A"

DIM "B"

01A 5-29-14 ROJC

PART NO. DESCRIPTION DIM "A" DIM "B"

S62SSHD* S-TYPE 600mm X 42 RU
SOLID SINGLE HINGE DOOR

1945.8
(76.61)

589.0
(23.19)

S65SSHD* S-TYPE 600mm X 45 RU
SOLID SINGLE HINGE DOOR

2079.2
(81.86)

589.0
(23.19)

S68SSHD* S-TYPE 600mm X 48 RU
SOLID SINGLE HINGE DOOR

2212.5
(87.11)

589.0
(23.19)

S61SSHD* S-TYPE 600mm X 51 RU
SOLID SINGLE HINGE DOOR

2345.9
(92.36)

589.0
(23.19)

S72SSHD* S-TYPE 700mm X 42 RU
SOLID SINGLE HINGE DOOR

1945.8
(76.61)

689.0
(27.13)

S75SSHD* S-TYPE 700mm X 45 RU
SOLID SINGLE HINGE DOOR

2079.2
(81.86)

689.0
(27.13)

S78SSHD* S-TYPE 700mm X 48 RU
SOLID SINGLE HINGE DOOR

2212.5
(87.11)

689.0
(27.13)

S71SSHD* S-TYPE 700mm X 51 RU
SOLID SINGLE HINGE DOOR

2345.9
(92.36)

689.0
(27.13)
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