Solution 6" UTP Cable (North America)

Solution 6 cable meets or exceeds all ANSI/TIA and ISO/IEC category 6 transmission performance
specifications. Combine our high performance category 6 connectivity with Solution 6 cable and the result is a
system with excellent electrical performance for optimum applications support.

The Solution 6 Plenum cable design eliminates the central isolation member common to many category 6 UTP
cables, reducing overall cable diameter. This reduces pathway size requirements, carton materials and provides
more efficient shipping options for a greener installation.
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Jacket

eNominal Cable O.D.:
CMP—  0.22in.

e Jacket Material:
CMP—  FRPVC

Rip Cord

e Applied longitudinally under cable jacket

Conductor

e 0.52mm (0.02 in.) 24AWG solid bare
copper

Insulation

e Conductor Insulation:

CMP—  FEP

CABLE FEATURES:

* Nominal jacket OD: 0.22 in.

* 24 AWG 0.52mm (0.02 in.) solid (non-tinned) copper
* Reverse sequential numbering

* Round jacket

« Jacket material is lead free

¢ 75° G temperature rating

STANDARDS COMPLIANCE:

* |SO/IEC 11801-1 Ed.1.0
* |[EC 61156-5

* TIA-568-C.2

* UL CMP

* RoHS

APPLICATIONS SUPPORT:

* 1000BASE-T

* 100BASE-T

* 10BASE-T

* [EEE 802.3af (Type 1 Poe)
« |EEE 802.3at (Type 2 Poe)
« |EEE 802.3bt (Type 3 Poe)
« |EEE 802.3bt (Type 4 Poe)
 Power over HDBaseT (PoH)



Product Information

ELECTRICAL SPECIFICATIONS

DC Resistance <8.8€2/100m
DC Resistance Unbalance 5%
Mutual Capacitance 5.2 nF/100m

Capacitance Unbalance

<330 pF/100m

PHYSICAL PROPERTIES
CMP
Pulling Tension (max) 110N (25 Ibf)
Bend Radius (min) 25mm (1in.)

Installation Temperature

0 to 50°C (+32 to 122°F)

NVP 67%
LCL 30-10 log(#1100) dB Storage Temperature -20 to 75°C (-4 to 167°F)
Delay Skew <45ns Operating Temperature -20 to 75°C (-4 to 167°F)
Part # Description
9C6P4-E2-(XX)ARXA ... Plenum (CMP, CSA FT6) 305m (1000 ft.) Reelex

Use (XX) to specify jacket color:

01 = black, 02 = white, 03 = red, 04 = gray, 05 = yellow, 06 = blue, 07 = green,
08 = violet, 09 = orange

I:l SIEMON TYPICAL

TRANSMISSION PERFORMANCE 1 GUARANTEED WORST CASE

Frequency Insertion Loss NEXT PS NEXT ACR-F PS ACR -F Return Loss ACR-N PS ACR-N Propagation
(MHz) (dB) (dB) (dB) (dB) (dB) (dB) (dB) (dB) Delay
(ns)
1.0 2.0 1.9 743 | 908 | 723 | 874 | 678 | 798 | 648 | 794 | 200 | 278 | 723 | 889 | 703 | 855 570 516
40 38 36 653 | 77.8 | 633 | 744 | 558 | 683 | 528 | 677 | 230 | 314 | 615 | 742 | 595 | 708 552 500
10.0 6.0 5.7 59.3 70.2 57.3 68.4 47.8 60.5 448 59.7 25.0 315 53.3 64.5 51.3 62.7 545 494
16.0 16 1.3 56.2 | 655 | 542 | 630 | 437 | 565 | 40.7 | 55.6 | 25.0 | 332 | 487 | 583 | 467 | 558 543 492
20.0 8.5 8.2 548 | 649 | 528 | 627 | 418 | 546 | 388 | 536 | 250 | 316 | 463 | 568 | 443 | 546 542 491
31.25 10.7 102 | 519 | 602 | 499 | 57.0 | 379 | 51.0 | 349 | 498 | 237 | 314 | 413 | 50.1 393 | 469 540 489
62.5 154 | 147 | 474 | 559 | 454 | 55.1 319 | 46.1 289 | 456 | 215 | 335 | 320 | 415 | 300 | 404 539 488
100.0 198 | 188 | 443 | 525 | 423 | 504 | 278 | 428 | 248 | 415 | 20.1 305 | 245 | 342 | 225 | 320 538 487
160.0 25.6 241 41.2 51.8 39.2 50.4 231 43.8 20.7 40.6 18.7 32.3 15.6 21.9 13.6 26.4 537 486
200.0 290 | 271 398 | 49.1 378 | 472 | 21.8 | 371 188 | 357 | 180 | 303 | 108 | 225 8.8 20.2 537 486
250.0 328 | 306 | 383 | 45.1 363 | 435 | 198 | 33.1 168 | 309 | 17.3 | 347 155 | 15.1 35 135 536 485
300.0% - 34.7 - 438 - 421 - 21.9 - 21.3 - 28.6 - 10.0 - 7.6 - 485
400.0* - 40.7 - 42.8 - 404 - 215 - 21.0 - 23.6 - 3.1 - 0.2 - 485
500.0* 46.0 - 45 - 39.8 - 30.4 - 29.5 - 285 - -35 - -5.2 - 485
550.0% = 48.7 = 42.8 = 39.7 = 21.2 = 26.6 = 22.0 = -5.4 = -85 = 485

*Values for frequencies above industry requirements are for information only. All performance based on 100 meters (328 ft.).

Because we continuously improve our products, Siemon reserves the right to change specifications and availability without prior notice.
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