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FRONT VIEW

TOP VIEW

R.S. VIEW

ISOMETRIC
FEET OUT

(EXTENDED)

PART NUMBERS
 DC4R44  PAINTED BLACK THIN FILM

NOTES
 Shipped Knockdown for Handling and Protection
 Self-Centering Hardware Included for Ease of Assembly
 Ships with 50 Pack of Cage Nuts and Screws
 See Hammond Website for More Information

ISOMETRIC
FEET IN

A + 8

20.56 in
522 mm

17.75 in
451 mm

OPENING

18.31 in
465 mm
19" MTG

A

A + 12

16.50 in
419 mm

.62 in
16 mm

DOUBLE STUD
RIGHT HAND RAIL BOTTOM

LEFT HAND RAIL TOP
2 X 10-32 STUD PER RAIL

EIA-310-D COMPLIANT
SQUARE HOLE RAILS

83.13 in
2111 mm

77.13 in
1959 mm

44U

PART NO. A (DEPTH)
DC4R44 24" - 36"

NOTE: DIM "A" (DEPTH) IS FULLY ADJUSTABLE


