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All data sheets and installation sheets  
available at jcc.co.uk

High output interior LED Pendant

Architectural Pendant 25W

 Class 1 
IP20  |  240V

LED

3000K  |  CRI: Ra (80) 
4000K  |  CRI: Ra (80)

Finishes

White

Construction

Body: Aluminium 
Lens: Glass

• 2 beam angle variants available

• 

• Stylish, ultra modern design

• Produced to order, contact JCC customer services on 01243 838999

Code Description Col temp. Dim. Watt Lumens LpcW

JC84216 High ouput LED pendant 24° 3000K No 25W 2700 108

JC84217 High ouput LED pendant 36° 3000K No 25W 2700 108

JC84218 High ouput LED pendant 24° 4000K No 25W 2800 112

JC84219 High ouput LED pendant 36° 4000K No 25W 2800 112

Products available to order, contact JCC customer services on 01243 838999.
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New product
for 2018NEW

5 year

24º/36º  
beam angle

Produced to order 
call 01243 838999


