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Oberon, Inc. - 1315 S. Allen St. - State College, PA 16801

REVISION HISTORY
ZONE REV DESCRIPTION DATE APPROVED
All 1 Released 6/5/2018 ATK

NOTES:
- UL Listed NWIN: File No. E348543
- Weight: 14 lbs. [6.5 Kg]
- Material: 16 Ga. Aluminum Backbox
                14 Ga. White Powder Coated Steel Door
                12 Ga. White Powder Coated Steel Flange
- Includes:  (1) Conduit Fitting 
                 (1) Fire Foam Grommet
                 (4) Support Wire

Cutout Specific to Access Point

1" Tradesize Knockout
Ethernet Keystone

Jack Knockout (2 pl.)

Support Wire Tabs
(4 pl.)

1" Tradesize Knockout

23.75 [603.3]

23.75 [603.3]" Length

Fits Into Standard
2' X 2' Suspended

Drop Ceiling

12.75 [323.9]

3.10 [78.7]

12.55 [318.8]

12.55 [318.8]



DETAIL  A
SCALE 1:2

DETAIL  B
SCALE 1:2
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Please specify configuration when ordering:

 
1077   -   _______________   -   _________________   
 
BASE   -         AP DOOR          -           TILE TYPE          
             (see Configurations)       T for tegular flange,     
                                               leave blank for lay-in)       
                                                                                  
 Configuration Table

MODEL NUMBER BASE AP DOOR TILE TYPE ACCESS POINT

1077-AP205 1077 AP205 Aruba AP205

1077-AP205-T 1077 AP205 Tegular (T) Aruba AP205

1077-AP215 1077 AP215 Aruba AP215

1077-AP215-T 1077 AP215 Tegular (T) Aruba AP215

1077-AP225 1077 AP225 Aruba AP225

1077-AP225-T 1077 AP225 Tegular (T) Aruba AP225

1077-AP325 1077 AP325  Aruba AP325

1077-AP325-T 1077 AP325 Tegular (T) Aruba AP325

1077-AP335 1077 AP335  Aruba AP335 or AP345

1077-AP335-T 1077 AP335 Tegular (T) Aruba AP335 or AP345

1077-CCOAP 1077 CCOAP  Cisco 2600, 2700, 3500, 3600, 3700 Series APs

1077-CCOAP-T 1077 CCOAP Tegular (T) Cisco 2600, 2700, 3500, 3600, 3700 Series APs

1077-CCOAP3800 1077 CCOAP3800  Cisco 2800, 3800 Series APs

1077-CCOAP3800-T 1077 CCOAP3800 Tegular (T) Cisco 2800, 3800 Series APs

1077-COAP4800 1077 COAP4800  Cisco 4800 Series APs

1077-COAP4800-T 1077 COAP4800 Tegular (T) Cisco 4800 Series APs

1077-CP 1077 CP  General Purpose, Works With Most APs

1077-CP-T 1077 CP Tegular (T) General Purpose, Works With Most APs

1077-WA 1077 WA  General Purpose, Works With Most APs

1077-WA-T 1077 WA Tegular (T) General Purpose, Works With Most APs

1077-ND 1077 ND  N/A (No Door Included)

1077-ND-T 1077 ND Tegular (T) N/A (No Door Included)

STANDARD "LAY-IN" FLANGE STYLE

"-T" TEGULAR FLANGE STYLE


