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NOTES:
1. SHEET SIZE 8.5"x11"
2. TEMPERATURE RANGE: -40 F TO +300 F (-40 C TO +149 C)
3. ADHESIVE TYPE: PRESSURE SENSITIVE ACRYLIC
4. LINER: 50#
5. RoHS 

01.1
GLOBAL PART NAME TYPE DRAWING 

REFERNCE WIDTH HEIGHT LABELS PER 
ROW

LABELS PER 
COLUMN

LABELS PER 
SHEET

PACKAGE 
QUANTITY

TAG11J-450-WH TAG11J-450 F .20 .65 21 12 252 5000
TAG13J-450-WH TAG13J-450 G .25 .75 26 12 312 5000
TAG14J-450-WH TAG14J-450 H .375 1.0 16 9 144 5000
TAG19J-450-BK TAG19J-450 I .375 2.0 15 4 60 1000
TAG15J-450-BK TAG15J-450 J .50 1.0 13 9 117 5000
TAG21J-450-WH TAG21J-450 K .50 .75 13 12 156 5000
TAG28J-450-WH TAG28J-450 L .80 1.437 8 6 48 1000
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